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NOTES:

- Weight: 4 lbs.

- Material: 8 Ga. (.129") Aluminum Base

                    Gray ABS Cover with UV resistant layer, .250"

                    Starting Thickness 

Includes:

(1) Base

(1) Cover

(4) 1/4"-20 x 3/4" SS Flanged Hex Head Machine Screws

REVISION HISTORY

ZONE REV DESCRIPTION DATE APPROVED

All 1 Released 2/21/2022 CAH

Al 2 Added mounting holes 4/12/2022 RLC
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ISOMETRIC VIEW
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n.45 [n11.4] THRU (2X)
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3.73 [94.7]

2.43 [61.6]
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7.09 [180.0]

7.09 [180.0]
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ISOMETRIC VIEW
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n1.50 [n38.1] THRU
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AA

A A

CC

C C
      Mounting Legend:
A - Aruba AP-277 and AP-377
B - Aruba AP-565 and AP-567
C - Cisco AP 1532i and AP 1562i

B B


