
Three rear door panel styles are available for the TeraFrame
Cabinet System: solid metal, single perforated (vented) metal and
double perforated (vented) metal. The double door reduces the
amount of aisle space required to access the rear of the cabinet.
Double doors must be used with two-point latches and cannot
be use with the Standalone Electronic Keypad.

Match the width, height and color to the cabinet. Select the door
latch separately. Colors available; C=Black, D=Signature Blue,
E=Glacier White, F=Steel Gray. The door inserts color match the
door.

For assistance in configurating your TeraFrame Cabinet, contact
Technical Support at 800-834-4969 or visit CPIs Product
Configurator at www.chatsworth.com/configurator.
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SSiinnggllee  SSoolliidd  RReeaarr  DDoooorr  ffoorr  TTeerraaFFrraammee  
PPaarrtt  NNuummbbeerr HHeeiigghhtt

((RRMMUU))
SShhiippppiinngg
WWeeiigghhtt**660000  mmmm 770000  mmmm 880000  mmmm

35054-X00 35054-X12 35054-X24 24 40 lb (15.4 kg)
35054-X01 35054-X13 35054-X25 36 50 lb (22.7 kg)
35054-X02 35054-X14 35054-X26 42 55 lb (24.9 kg)
35054-X03 35054-X15 35054-X27 43 56 lb (25.4 kg)
35054-X04 35054-X16 35054-X28 44 56 lb (25.4 kg)
35054-X05 35054-X17 35054-X29 45 57 lb (25.9 kg)
35054-X06 35054-X18 35054-X30 46 59 lb (26.8 kg)
35054-X07 35054-X19 35054-X31 47 60 lb (27.2 kg)
35054-X08 35054-X20 35054-X32 48 61 lb (27.7 kg)
35054-X09 35054-X21 35054-X33 49 62 lb (28.1 kg)
35054-X10 35054-X22 35054-X34 50 63 lb (28.6 kg)
35054-X11 35054-X23 35054-X35 51 64 lb (29.0 kg)

SSiinnggllee  PPeerrffoorraatteedd  RReeaarr  DDoooorr  ffoorr  TTeerraaFFrraammee  

X=color; C=Black, D=Signature Blue, E=Glacier White, F=Steel Gray. 
*Shipping weights are based on 800 mm doors.

DDoouubbllee  PPeerrffoorraatteedd  RReeaarr  DDoooorr  ffoorr  TTeerraaFFrraammee  

PPaarrtt  NNuummbbeerr HHeeiigghhtt
((RRMMUU))

SShhiippppiinngg
WWeeiigghhtt**660000  mmmm 770000  mmmm 880000  mmmm

35044-X00 35044-X12 35044-X24 24 25 lb (11.3 kg)
35044-X01 35044-X13 35044-X25 36 29 lb (13.2 kg)
35044-X02 35044-X14 35044-X26 42 31 lb (14.1 kg)
35044-X03 35044-X15 35044-X27 43 32 lb (14.5 kg)
35044-X04 35044-X16 35044-X28 44 32 lb (14.5 kg)
35044-X05 35044-X17 35044-X29 45 32 lb (14.5 kg)
35044-X06 35044-X18 35044-X30 46 34 lb (15.4 kg)
35044-X07 35044-X19 35044-X31 47 34 lb (15.4 kg)
35044-X08 35044-X20 35044-X32 48 34 lb (15.4 kg)
35044-X09 35044-X21 35044-X33 49 35 lb (15.9 kg)
35044-X10 35044-X22 35044-X34 50 35 lb (15.9 kg)
35044-X11 35044-X23 35044-X35 51 36 lb (16.3 kg)

PPaarrtt  NNuummbbeerr HHeeiigghhtt
((RRMMUU))

SShhiippppiinngg
WWeeiigghhtt**660000  mmmm 770000  mmmm 880000  mmmm

35030-X00 35030-X12 35030-X24 24 33 lb (15.0 kg)
35030-X01 35030-X13 35030-X25 36 40 lb (18.1 kg)
35030-X02 35030-X14 35030-X26 42 43 lb (19.5 kg)
35030-X03 35030-X15 35030-X27 43 44 lb (20.0 kg)
35030-X04 35030-X16 35030-X28 44 44 lb (20.0 kg)
35030-X05 35030-X17 35030-X29 45 45 lb (20.4 kg)
35030-X06 35030-X18 35030-X30 46 47 lb (21.3 kg)
35030-X07 35030-X19 35030-X31 47 47 lb (21.3 kg)
35030-X08 35030-X20 35030-X32 48 48 lb (21.8 kg)
35030-X09 35030-X21 35030-X33 49 49 lb (22.2 kg)
35030-X10 35030-X22 35030-X34 50 49 lb (22.2 kg)
35030-X11 35030-X23 35030-X35 51 50 lb (22.7 kg) 


